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NOTES:

/N MATERIAL: ITEM NO. % HOUSING
'TEM NO. 2: CONTACT BODY -

2 ALL DIMENSIONS ARE FOR NOMINAL REFERENCE ONLY UNLESS OTHERW ISE STATED

ITEM NO. 3: CONTACT
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RATED VOLTAGE 250V 125V 60V
RATED IMPULSE VOLTAGE | 2500V 1500V 800V @ O @ o~
POLLUTION DEGREE 3 3 3
OVERVOLTAGE CATEGORY ¥ ¥ ¥ 15
MATERIAL GROUP 11 11 11 19.5
RATED CURRENT LA LA 2A
VOLUME RESISTIVITY <3ImQ) | <3mQ) | <3mQ)
DEGREE OF PROTECTION IP68 IP68 IP68
UPPER TEMPERATURE +85°C +85°C +85°(C
LOWER TEMPERATURE -40°C +40°C +40°C
PIN ARRANGEMENT
A-CODING (SCALE 2:1)
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MIN 2mm 10
MAX 3mm
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SIZE 1SO 14405 )
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BEHASSONGEN UND TOLLGANZEN GEMAESS. GPs (15D STANDARDS). MATERIAL | NUMBER OF POLES |  TE-PART-NO.
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