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(:'1‘ (:'.,‘ A MATERIAL: ITEM NO. 1: HOUSING - BRASS. ZINC DIECASTING, NICKEL PLATED
TECHNICAL = = ITEM NO. 2: CONTACT BODY - PA

~ ~ ITEM NO. 3: CONTACT - (CuSn (BRONZE)
DATA S N CONTACT FINISH - Au (gold)

~ il 2 ALL DIMENSIONS ARE FOR NOMINAL REFERENCE ONLY UNLESS OTHERW ISE STATED
RATED VOLTAGE 250V 125V N
POLLUTION DEGREE 3 3
OVERVOLTAGE CATEGORY || W 25.5
MATERIAL GROUP [ | ]
RATED CURRENT LA LA 7 g
VOLUME RESISTIVITY <3mQ) <3mO) )
DEGREE OF PROTECTION P68 IP68 1.5 2.8 2 3
UPPER TEMPERATURE +85°C +85°C
LOWER TEMPERATURE -40°C -L0°C ~
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