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General ordering data
Order No. 1656140000
Part designation RD 21/16
Version Adaptoren Reduzierungen, Brass, nickel-plated,

PG 21, PG 16, IP 54
EAN 4008190409159
Qty. 20 pc(s).

 
General details
Assembly temperature, max. 100 °C
Assembly temperature, min. -40 °C
Class of protection with thread gasket IP 66
External thread PG 21
Internal thread PG 16
Material Brass, nickel-plated
Protection class IP 54

 
Approvals
Approvals institutes

 
Classifications
ETIM 2.0 NK
ETIM 3.0 NK
eClass 4.1 NK
eClass 5.0 NK
eClass 5.1 NK

 

Similar products

Order No. Part designation Version
1738700000 ADAP EX 1NPT-1NPT Adaptor, Brass, nickel-plated, 1" NPT, 1" NPT, NPT, IP 54
1738390000 ADAP EX 1NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 1" NPT, NPT, IP 54
1738550000 ADAP EX 1NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 1" NPT, NPT, IP 54
1738820000 ADAP EX 1NPT-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, 1" NPT, NPT, IP 54
1737470000 ADAP EX 1NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 1" NPT, metric, IP 54
1737630000 ADAP EX 1NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 1" NPT, metric, IP 54
1737790000 ADAP EX 1NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 1" NPT, metric, IP 54
1737940000 ADAP EX 1NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 1" NPT, metric, IP 54
1738070000 ADAP EX 1NPT-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, 1" NPT, metric, IP 54
1738410000 ADAPAP EX 1/2NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 1/2" NPT, NPT, IP 54
1738570000 ADAP EX 1/2NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 1/2" NPT, NPT, IP 54
1737490000 ADAP EX 1/2NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 1/2" NPT, metric, IP 54
1737650000 ADAP EX 1/2NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 1/2" NPT, metric, IP 54
1737810000 ADAP EX 1/2NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 1/2" NPT, metric, IP 54
1738670000 ADAP EX 2NPT-1NPT Adaptor, Brass, nickel-plated, 1" NPT, 2" NPT, NPT, IP 54
1738360000 ADAP EX 2NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 2" NPT, NPT, IP 54
1738990000 ADAP EX 2NPT-2NPT Adaptor, Brass, nickel-plated, 2" NPT, 2" NPT, NPT, IP 54
1738900000 ADAP EX 2NPT-1 1/2NPT Adaptor, Brass, nickel-plated, 1 1/2" NPT, 2" NPT, NPT, IP 54
1738520000 ADAP EX 2NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 2" NPT, NPT, IP 54
1739060000 ADAP EX 2NPT-2 1/2NPT Adaptor, Brass, nickel-plated, 2 1/2" NPT, 2" NPT, NPT, IP 54
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1738790000 ADAP EX 2NPT-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, 2" NPT, NPT, IP 54
1737440000 ADAP EX 2NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 2" NPT, metric, IP 54
1737600000 ADAP EX 2NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 2" NPT, metric, IP 54
1737760000 ADAP EX 2NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 2" NPT, metric, IP 54
1737910000 ADAP EX 2NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 2" NPT, metric, IP 54
1738040000 ADAP EX 2NPT-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, 2" NPT, metric, IP 54
1738150000 ADAP EX 2NPT-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, 2" NPT, metric, IP 54
1738240000 ADAP EX 2NPT-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, 2" NPT, metric, IP 54
1738310000 ADAP EX 2NPT-M75 Adaptor, Brass, nickel-plated, M 75 x 1.5, 2" NPT, metric, IP 54
1738650000 ADAP EX 3NPT-1NPT Adaptor, Brass, nickel-plated, 1" NPT, 3" NPT, NPT, IP 54
1738340000 ADAP EX 3NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 3" NPT, NPT, IP 54
1738970000 ADAP EX 3NPT-2NPT Adaptor, Brass, nickel-plated, 2" NPT, 3" NPT, NPT, IP 54
1739090000 ADAP EX 3NPT-3NPT Adaptor, Brass, nickel-plated, 3" NPT, 3" NPT, NPT, IP 54
1738880000 ADAP EX 3NPT-1 1/2NPT Adaptor, Brass, nickel-plated, 1 1/2" NPT, 3" NPT, NPT, IP 54
1738500000 ADAP EX 3NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 3" NPT, NPT, IP 54
1739040000 ADAP EX 3NPT-2 1/2NPT Adaptor, Brass, nickel-plated, 2 1/2" NPT, 3" NPT, NPT, IP 54
1738770000 ADAP EX 3NPT-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, 3" NPT, NPT, IP 54
1737420000 ADAP EX 3NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 3" NPT, metric, IP 54
1737580000 ADAP EX 3NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 3" NPT, metric, IP 54
1737740000 ADAP EX 3NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 3" NPT, metric, IP 54
1737890000 ADAP EX 3NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 3" NPT, metric, IP 54
1738020000 ADAP EX 3NPT-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, 3" NPT, metric, IP 54
1738130000 ADAP EX 3NPT-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, 3" NPT, metric, IP 54
1738220000 ADAP EX 3NPT-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, 3" NPT, metric, IP 54
1738290000 ADAP EX 3NPT-M75 Adaptor, Brass, nickel-plated, M 75 x 1.5, 3" NPT, metric, IP 54
1738680000 ADAP EX 1 1/2NPT-1NPT Adaptor, Brass, nickel-plated, 1" NPT, 1 1/2" NPT, NPT, IP 54
1738370000 ADAP EX 1 1/2NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 1 1/2" NPT, NPT, IP 54
1739000000 ADAP EX 1 1/2NPT-2NPT Adaptor, Brass, nickel-plated, 2" NPT, 1 1/2" NPT, NPT, IP 54
1738910000 ADAP EX 1 1/2-1 1/2NPT Adaptor, Brass, nickel-plated, 1 1/2" NPT, 1 1/2" NPT, NPT, IP 54
1738530000 ADAP EX 1 1/2NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 1 1/2" NPT, NPT, IP 54
1738800000 ADAP EX 1 1/2NPT-1 1/4 Adaptor, Brass, nickel-plated, 1 1/4" NPT, 1 1/2" NPT, NPT, IP 54
1737450000 ADAP EX 1 1/2NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 1 1/2" NPT, metric, IP 54
1737610000 ADAP EX 1 1/2NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 1 1/2" NPT, metric, IP 54
1737770000 ADAP EX 1 1/2NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 1 1/2" NPT, metric, IP 54
1737920000 ADAP EX 1 1/2NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 1 1/2" NPT, metric, IP 54
1738050000 ADAP EX 1 1/2NPT-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, 1 1/2" NPT, metric, IP 54
1738160000 ADAP EX 1 1/2NPT-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, 1 1/2" NPT, metric, IP 54
1738250000 ADAP EX 1 1/2NPT-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, 1 1/2" NPT, metric, IP 54
1738400000 ADAP EX 3/4NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 3/4" NPT, NPT, IP 54
1738560000 ADAP EX 3/4NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 3/4" NPT, NPT, IP 54
1737480000 ADAP EX 3/4NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 3/4" NPT, metric, IP 54
1737640000 ADAP EX 3/4NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 3/4" NPT, metric, IP 54
1737800000 ADAP EX 3/4NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 3/4" NPT, metric, IP 54
1737950000 ADAP EX 3/4NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 3/4" NPT, metric, IP 54
1738660000 ADAP EX 2 1/2NPT-1NPT Adaptor, Brass, nickel-plated, 1" NPT, 2 1/2" NPT, NPT, IP 54
1738350000 ADAP EX 2 1/2NPT-1/2 Adaptor, Brass, nickel-plated, 1/2" NPT, 2 1/2" NPT, NPT, IP 54
1738980000 ADAP EX 2 1/2NPT-2NPT Adaptor, Brass, nickel-plated, 2" NPT, 2 1/2" NPT, NPT, IP 54
1739100000 ADAP EX 2 1/2NPT-3NPT Adaptor, Brass, nickel-plated, 3" NPT, 2 1/2" NPT, NPT, IP 54
1738890000 ADAP EX 2 1/2NPT-1 1/2 Adaptor, Brass, nickel-plated, 1 1/2" NPT, 2 1/2" NPT, NPT, IP 54
1738510000 ADAP EX 2 1/2NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 2 1/2" NPT, NPT, IP 54
1739050000 ADAP EX 2 1/2-2 1/2NPT Adaptor, Brass, nickel-plated, 2 1/2" NPT, 2 1/2" NPT, NPT, IP 54
1738780000 ADAP EX 2 1/2NPT-1 1/4 Adaptor, Brass, nickel-plated, 1 1/4" NPT, 2 1/2" NPT, NPT, IP 54
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1737430000 ADAP EX 2 1/2NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 2 1/2" NPT, metric, IP 54
1737590000 ADAP EX 2 1/2NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 2 1/2" NPT, metric, IP 54
1737750000 ADAP EX 2 1/2NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 2 1/2" NPT, metric, IP 54
1737900000 ADAP EX 2 1/2NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 2 1/2" NPT, metric, IP 54
1738030000 ADAP EX 2 1/2NPT-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, 2 1/2" NPT, metric, IP 54
1738140000 ADAP EX 2 1/2NPT-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, 2 1/2" NPT, metric, IP 54
1738230000 ADAP EX 2 1/2NPT-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, 2 1/2" NPT, metric, IP 54
1738300000 ADAP EX 2 1/2NPT-M75 Adaptor, Brass, nickel-plated, M 75 x 1.5, 2 1/2" NPT, metric, IP 54
1738690000 ADAP EX 1 1/4NPT-1NPT Adaptor, Brass, nickel-plated, 1" NPT, 1 1/4" NPT, NPT, IP 54
1738380000 ADAP EX 1 1/4NPT-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, 1 1/4" NPT, NPT, IP 54
1738920000 ADAP EX 1 1/4NPT-1 1/2 Adaptor, Brass, nickel-plated, 1 1/2" NPT, 1 1/4" NPT, NPT, IP 54
1738540000 ADAP EX 1 1/4NPT-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, 1 1/4" NPT, NPT, IP 54
1738810000 ADAP EX 1 1/4-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, 1 1/4" NPT, NPT, IP 54
1737460000 ADAP EX 1 1/4NPT-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, 1 1/4" NPT, metric, IP 54
1737620000 ADAP EX 1 1/4NPT-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, 1 1/4" NPT, metric, IP 54
1737780000 ADAP EX 1 1/4NPT-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, 1 1/4" NPT, metric, IP 54
1737930000 ADAP EX 1 1/4NPT-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, 1 1/4" NPT, metric, IP 54
1738060000 ADAP EX 1 1/4NPT-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, 1 1/4" NPT, metric, IP 54
1738170000 ADAP EX 1 1/4NPT-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, 1 1/4" NPT, metric, IP 54
1738480000 ADAP EX M20-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, M 20 x 1.5, NPT, IP 54
1738640000 ADAP EX M20-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, M 20 x 1.5, NPT, IP 54
1738760000 ADAP EX M25-1NPT Adaptor, Brass, nickel-plated, 1" NPT, M 25 x 1.5, NPT, IP 54
1738630000 ADAP EX M25-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, M 25 x 1.5, NPT, IP 54
1738750000 ADAP EX M32-1NPT Adaptor, Brass, nickel-plated, 1" NPT, M 32 x 1.5, NPT, IP 54
1738460000 ADAP EX M32-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, M 32 x 1.5, NPT, IP 54
1738870000 ADAP EX M32-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, M 32 x 1.5, NPT, IP 54
1738740000 ADAP EX M40-1NPT Adaptor, Brass, nickel-plated, 1" NPT, M 40 x 1.5, NPT, IP 54
1738450000 ADAP EX M40-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, M 40 x 1.5, NPT, IP 54
1738610000 ADAP EX M40-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, M 40 x 1.5, NPT, IP 54
1738730000 ADAP EX M50-1NPT Adaptor, Brass, nickel-plated, 1" NPT, M 50 x 1.5, NPT, IP 54
1738440000 ADAP EX M50-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, M 50 x 1.5, NPT, IP 54
1738600000 ADAP EX M50-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, M 50 x 1.5, NPT, IP 54
1738850000 ADAP EX M50-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, M 50 x 1.5, NPT, IP 54
1738720000 ADAP EX M63-1NPT Adaptor, Brass, nickel-plated, 1" NPT, M 63 x 1.5, NPT, IP 54
1738430000 ADAP EX M63-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, M 63 x 1.5, NPT, IP 54
1738940000 ADAP EX M63-1 1/2NPT Adaptor, Brass, nickel-plated, 1 1/2" NPT, M 63 x 1.5, NPT, IP 54
1738590000 ADAP EX M63-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, M 63 x 1.5, NPT, IP 54
1739080000 ADAP EX M63-2 1/2NPT Adaptor, Brass, nickel-plated, 2 1/2" NPT, M 63 x 1.5, NPT, IP 54
1738840000 ADAP EX M63-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, M 63 x 1.5, NPT, IP 54
1738710000 ADAP EX M75-1NPT Adaptor, Brass, nickel-plated, 1" NPT, M 75 x 1.5, NPT, IP 54
1738420000 ADAP EX M75-1/2NPT Adaptor, Brass, nickel-plated, 1/2" NPT, M 75 x 1.5, NPT, IP 54
1739010000 ADAP EX M75-2NPT Adaptor, Brass, nickel-plated, 2" NPT, M 75 x 1.5, NPT, IP 54
1739110000 ADAP EX M75-3NPT Adaptor, Brass, nickel-plated, 3" NPT, M 75 x 1.5, NPT, IP 54
1738930000 ADAP EX M75-1 1/2NPT Adaptor, Brass, nickel-plated, 1 1/2" NPT, M 75 x 1.5, NPT, IP 54
1738580000 ADAP EX M75-3/4NPT Adaptor, Brass, nickel-plated, 3/4" NPT, M 75 x 1.5, NPT, IP 54
1739070000 ADAP EX M75-2 1/2NPT Adaptor, Brass, nickel-plated, 2 1/2" NPT, M 75 x 1.5, NPT, IP 54
1738830000 ADAP EX M75-1 1/4NPT Adaptor, Brass, nickel-plated, 1 1/4" NPT, M 75 x 1.5, NPT, IP 54
1737570000 ADAP EX M16-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 16 x 1.5, metric, IP 54
1737730000 ADAP EX M16-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 16 x 1.5, metric, IP 54
1737560000 ADAP EX M20-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 20 x 1.5, metric, IP 54
1737720000 ADAP EX M20-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 20 x 1.5, metric, IP 54
1737880000 ADAP EX M20-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 20 x 1.5, metric, IP 54
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1737550000 ADAP EX M25-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 25 x 1.5, metric, IP 54
1737710000 ADAP EX M25-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 25 x 1.5, metric, IP 54
1737870000 ADAP EX M25-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 25 x 1.5, metric, IP 54
1738010000 ADAP EX M25-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, M 25 x 1.5, metric, IP 54
1737540000 ADAP EX M32-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 32 x 1.5, metric, IP 54
1737700000 ADAP EX M32-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 32 x 1.5, metric, IP 54
1737860000 ADAP EX M32-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 32 x 1.5, metric, IP 54
1738000000 ADAP EX M32-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, M 32 x 1.5, metric, IP 54
1738120000 ADAP EX M32-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, M 32 x 1.5, metric, IP 54
1737530000 ADAP EX M40-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 40 x 1.5, metric, IP 54
1737690000 ADAP EX M40-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 40 x 1.5, metric, IP 54
1737850000 ADAP EX M40-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 40 x 1.5, metric, IP 54
1737990000 ADAP EX M40-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, M 40 x 1.5, metric, IP 54
1738110000 ADAP EX M40-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, M 40 x 1.5, metric, IP 54
1738210000 ADAP EX M40-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, M 40 x 1.5, metric, IP 54
1737520000 ADAP EX M50-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 50 x 1.5, metric, IP 54
1737680000 ADAP EX M50-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 50 x 1.5, metric, IP 54
1737840000 ADAP EX M50-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 50 x 1.5, metric, IP 54
1737980000 ADAP EX M50-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, M 50 x 1.5, metric, IP 54
1738100000 ADAP EX M50-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, M 50 x 1.5, metric, IP 54
1738200000 ADAP EX M50-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, M 50 x 1.5, metric, IP 54
1738280000 ADAP EX M50-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, M 50 x 1.5, metric, IP 54
1737510000 ADAP EX M63-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 63 x 1.5, metric, IP 54
1737670000 ADAP EX M63-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 63 x 1.5, metric, IP 54
1737830000 ADAP EX M63-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 63 x 1.5, metric, IP 54
1737970000 ADAP EX M63-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, M 63 x 1.5, metric, IP 54
1738190000 ADAP EX M63-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, M 63 x 1.5, metric, IP 54
1738270000 ADAP EX M63-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, M 63 x 1.5, metric, IP 54
1738330000 ADAP EX M63-M75 Adaptor, Brass, nickel-plated, M 75 x 1.5, M 63 x 1.5, metric, IP 54
1737500000 ADAP EX M75-M16 Adaptor, Brass, nickel-plated, M 16 x 1.5, M 75 x 1.5, metric, IP 54
1737660000 ADAP EX M75-M20 Adaptor, Brass, nickel-plated, M 20 x 1.5, M 75 x 1.5, metric, IP 54
1737820000 ADAP EX M75-M25 Adaptor, Brass, nickel-plated, M 25 x 1.5, M 75 x 1.5, metric, IP 54
1737960000 ADAP EX M75-M32 Adaptor, Brass, nickel-plated, M 32 x 1.5, M 75 x 1.5, metric, IP 54
1738080000 ADAP EX M75-M40 Adaptor, Brass, nickel-plated, M 40 x 1.5, M 75 x 1.5, metric, IP 54
1738180000 ADAP EX M75-M50 Adaptor, Brass, nickel-plated, M 50 x 1.5, M 75 x 1.5, metric, IP 54
1738260000 ADAP EX M75-M63 Adaptor, Brass, nickel-plated, M 63 x 1.5, M 75 x 1.5, metric, IP 54
1738320000 ADAP EX M75-M75 Adaptor, Brass, nickel-plated, M 75 x 1.5, M 75 x 1.5, metric, IP 54
1656200000 ADAP 11/13 Kabeleinführung, Erweiterung
1656210000 ADAP 11/16 Kabeleinführung, Erweiterung
1656220000 ADAP 13/16 Kabeleinführung, Erweiterung
1656230000 ADAP 13/21 Kabeleinführung, Erweiterung
1656240000 ADAP 16/21 Kabeleinführung, Erweiterung
1656250000 EW 21/29 Kabeleinführung, Erweiterung
1656260000 ADAP 29/36 Kabeleinführung, Erweiterung
1656270000 ADAP 36/42 Kabeleinführung, Erweiterung
1656070000 RD 11/09 Adaptoren Reduzierungen, Brass, nickel-plated, PG 11, PG 9, IP 54
1656080000 RD 13/09 Adaptoren Reduzierungen, Brass, nickel-plated, PG 13, PG 9, IP 54
1656090000 RD 13/11 Adaptoren Reduzierungen, Brass, nickel-plated, PG 13, PG 11, IP

54
1656110000 RD 16/11 Adaptoren Reduzierungen, Brass, nickel-plated, PG 16, PG 11, IP

54
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1656120000 RD 16/13 Adaptoren Reduzierungen, Brass, nickel-plated, PG 16, PG 13, IP
54

1656130000 RD 21/13,5 Adaptoren Reduzierungen, Brass, nickel-plated, PG 21, PG 13.5, IP
54

1656150000 RD 29/16 Adaptoren Reduzierungen, Brass, nickel-plated, PG 29, PG 16, IP
54

1656160000 RD 29/21 Adaptoren Reduzierungen, Brass, nickel-plated, PG 29, PG 21, IP
54

1656180000 RD 36/29 Adaptoren Reduzierungen, Brass, nickel-plated, PG 36, PG 29, IP
54


