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260 Slotted Precision Screwdriver With PicoFinish Handle  
Blade CVM steel, hardened, hard chromed.    
Item
No. mm Inch mm Inch mm Inch Pkg.
260 50 0.8 .03 40 1.6 134 5.3 10
260 51 1.0 .04 40 1.6 134 5.3 10
260 52 1.2 .05 40 1.6 134 5.3 10
260 53 1.5 .06 40 1.6 134 5.3 10
260 54 1.5 .06 60 2.4 154 6.1 10
260 55 1.8 .07 40 1.6 134 5.3 10
260 56 1.8 .07 60 2.4 154 6.1 10
260 60 2.0 .08 40 1.6 140 5.5 10
260 61 2.0 .08 60 2.4 160 6.3 10
260 63 2.0 .08 100 3.9 200 7.9 10
260 65 2.5 .09 50 2.0 150 5.9 10
260 66 2.5 .09 75 3.0 175 6.9 10
260 68 2.5 .09 100 3.9 200 7.9 10
260 70 3.0 .13 50 2.0 150 5.9 10
260 72 3.0 .13 100 3.9 200 7.9 10
260 73 3.0 .13 150 5.9 250 9.8 10
260 74 3.5 .14 60 2.4 160 6.3 10
260 76 4.0 .16 60 2.4 160 6.3 10
260 79 4.0 .16 100 3.9 200 7.9 10
260 80 4.0 .16 150 5.9 250 9.8 10
*Metric dimensions actual - Inch dimensions approximate

The Comfortable Precision Screwdriver

CVM tool steel blade, hardened,
hard chrome finish

Soft Grip
Handle

Color coded symbols on rotating
cap gives easy recognition of
individual styles & sizes

Ergonomic multi-
component handle 
with rotating cap for
maximum user comfort
and precise control

Wiha Soft Grip PicoFinish Precision Screwdrivers

Phillips Screwdriver, With Soft PicoFinish Precision Handle
Blade high alloy chrome-vanadium-molybdenum steel. 
Hard chrome finished.  
Item
No. Size mm Inch mm Inch mm Inch pkg.
261 30 000 40 1.6 2.0 .08 134 5.3 10
261 32 00 40 1.6 2.0 .08 134 5.3 10
261 33 00 60 2.4 2.0 .08 154 6.1 10
261 35 0 50 2.0 3.0 .12 150 5.9 10
261 36 0 75 3.0 3.0 .12 175 6.9 10
261 40 1 60 2.4 4.0 .16 160 6.3 10
261 42 1 80 3.1 4.0 .16 180 7.1 10
261 45 1 150 5.9 4.0 .16 250 9.8 10
*Metric dimensions actual - Inch dimensions approximate

261

Set 8 Pcs. Slotted & Phillips Precision Soft PicoFinish
Handle Blade high alloy CVM steel, hardened, hard chromed.
ChromTop finish on tip for a perfect fit.  In storage pouch
Item
No. mm mm Size mm lbs.  
261 93 260 51 1.0 40 261 32 00 40 .55

260 53 1.5 40 261 35 0 50
260 60 2.0 40 261 40 1 60
260 65 2.5 50
260 74 3.5 60

261 93

Set 8 Pcs. Slotted Precision Soft PicoFinish Handle  
In storage pouch
Item
No. mm mm mm mm lbs. 
260 93 260 50 .8 40 260 65 2.5 50 .54

260 52 1.2 40 260 70 3.0 50
260 53 1.5 40 260 74 3.5 60
260 60 2.0 40 260 76 4.0 60

260 93
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