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Nut Driver, With Hex Bolster & Wiha-SoftFinish® Handle
Blade CVM steel, hardened.  Deep drawn 1" socket.  Hex bolster for
additional torque, Solid shafts.  Wiha-SoftFinish® cushion grip handle.
Item
No. mm    mm mm mm Inch lbs. pkg.
347 12 7.0 125 10.0 238 9.4 .25 10
347 15 8.0 125 10.0 238 9.4 .25 10
347 18 9.0 125 10.0 238 9.4 .26 10
347 21 10.0 125 10.0 238 9.4 .27 10
347 24 11.0 125 13.0 247 9.7 .37 10
347 27 12.0 125 13.0 247 9.7 .40 10
347 30 13.0 125 13.0 247 9.7 .40 10
347 33 14.0 125 13.0 247 9.7 .40 10

347

Nut Driver, Hex Bolster & Wiha-SoftFinish® Handle Inch sizes
Item
No. Inch Inch mm Inch    mm Inch lbs. pkg.
347 53 3/16 5.0 125 5/16 231 9.1 .18 10
347 59 1/4 5.0 125 3/8 238 9.4 .24 10
347 65 5/16 5.0 125 3/8 238 9.4 .25 10
347 71 3/8 5.0 125 3/8 238 9.4 .26 10
347 74 7/16 5.0 125 1/2 246 9.7 .38 10
347 77 1/2 5.0 125 1/2 246 9.7 .40 10

347

Set 5 Pcs. Nut Driver Metric Sizes
Blade chrome-vanadium-molybdenum steel, hardened. 
Deep drawn 1" socket.  Hex bolster for additional torque. 
Wiha-SoftFinish® handle, multi-component, cushion grips.
Item
No. mm     mm                        mm   mm   lbs.
347 91 341 20* 5.0 125 347 21 10.0 125 1.42

341 22* 6.0 125 347 24 11.0 125
347 15 8.0 125

Set 6 Pcs. Nut Driver Inch Sizes
Item
No. Inch   Inch Inch   Inch lbs.
347 92 347 53 3/16    5.0 347 71 3/8 5.0 1.94

347 59 1/4      5.0 347 74 7/16 5.0
347 65 5/16    5.0 347 77 1/2 5.0

347 91

*Standard blade - no hex bolster.

347 92

Improved torque zone.  
For all working conditions

Hex bolster for 
additional torque

Flat surfaces give
roll-off protection

Extra large diameter to
achieve high torque

Wiha SoftFinish® Heavy Duty Nut Drivers
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